
Space saving, compact design enables simple mounting.

Flush fitting sensor switch.

 

50~500 mm/sec

M3×0.5

RDF, RDGV

MCMJP

6 10 16

0.7 MPa

1 MPa 

0.12 MPa 0.06 MPa

M5×0.8

series

Features

Specification

Model

Acting type

Tube I.D. (mm) 

Port size

Medium

Min. operating pressure

Max. operating pressure

Proof pressure

Double acting

Air

Table for standard stroke

Standard typeTube  I.D. Ambient temperature

Lubrication

Available speed  range

Not required

－5~＋60℃ (No freezing)

1: Single Rod

Order example

MODEL TUBE I.D. M: Magnet

1

1

1 

8

STYLE

DescriptionSymbolCode

Double acting / Male thread

Double acting / Threadless

Installation of sensor switch

Watchmakers 
screw driver

Sensor switch
RDF

Set screw

MCMJP—11—6—10 M— E 

φ6

φ10

φ16

5, 10, 15, 20, 25

5, 10, 15, 20, 25, 30

5, 10, 15, 20, 25, 30, 40

E

TYPE

SymbolCode Description

Standard type

End-plain

Blank

STROKE LB

SDB

FA

FA — MCMJP— 6

MOUNTING TYPE

MODEL TUBE I.D.

Mounting accessories

Unit: mm

End -plain

5, 10, 15, 20

5, 10, 15, 20

5, 10, 15, 20, 25

 It can’t be supplied if the stroke is out of the maximum of 
above table.

※ RDF, RDGV specification, please refer to page 8-16, 17.

Sensor switch (※)

MCMJP 
PEN CYLINDER

Model

Medium

0.7 MPa

MCMJ1

Tube I.D. (mm) 4

1 MPa

MCMJ1 series

Order example

MCMJ1— 15 — 4 — 10

STROKE
(mm)

5
Single acting / 

Normally returned male thread
1

Code DescriptionSymbol

STYLE

5,10,15,20

0.3 MPa

Table for standard stroke

φ4

Tube  I.D.

3.04 1.07

Spring retracting force

Extended position Retracted position

Unit: N

PEN CYLINDER

Specification

Max operating pressure

Min operating pressure

Proof pressure

Air

Single acting

φ4

Stroke  (mm)

5,10,15,20

Tube  I.D.

φ4

Tube I.D.

12.6

─

Unit: NTheoretical force

Piston area
(mm)

OUT

IN 1.47

Operating pressure (MPa)

0.3

0.74

0.4

2.0

0.5

3.26

0.6

4.52

0.7

5.78

Operation
direction 

MODEL

1: Single Rod

TUBE I.D.

－5~＋60℃ (No freezing)

6 +0
-0.5

2.4

6

13

1.6

7.5S

Z

φ
5
.5

φ
5

φ
3
.4

M2×0.4
M4×0.7

4 19.5 4028.5 4937.5 5846.5 67

5 510 1015 1520 20

S ZCode

I.D.

Stroke

50~500 mm/secAvailable speed range

Lubricator Not required

Ambient temperature

Acting type

7 6 2 3 5 1 4

Dimensions

Inside structure & Parts list

1

2

3

4

5

6

7

Part nameNo. Material

Copper

Copper

Stainless steel

NBR

Stainless steel

Copper

Copper

Tube

Rod cover

Piston rod

Piston packing

Spring

Tie nut

Rod front nut

※ All this product line is without magnet.

φ4 38

Unit: g

5 10 15 20

48 58 68

Cylinder  weight
Stroke  (mm)

Tube  I.D.

Sensor switch
RDGV
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