
235 mm 230 mm

Order example of valve

50 msResponse time

Available voltage range

Power consumption

Voltage

±10%

F class

AC=6/4.9VA, DC=2.5W

Proof pressure

Effective orifice

Medium

No. of port

No. of position

Model

8A

Air

2 3

G1/4

5

BODY WIDTHMODEL

C: Closed center
P: Pressure center
R: Exhaust center

E1: Single Solenoid
E2: Double Solenoid

Weight 507 g422 g 764 g

※ Port thread Rc. NPT. are also available.

AC110V, 220V (50/60)Hz, DC24V

Ambient temperature －5~＋50℃ (No freezing)

Port size

Operating pressure range

Insulation class

Bore No.

Table 1

Property for explosion-proof type 
Anti-explosion class EEx m II T4

AC=4.4VA  DC=5W

Voltage

Power consumption

Available voltage range

Insulation class

AC110V. 220V.(50/60)Hz. DC24V.

F  class

(Only for 4E2 type)

MVSN — 300 — 4E2C — AC110 — L

Specification

series

4E1 4E2 4E2C.P.R.

Order example of adapter

MVSN — 300 — A

ADAPTER

Flow features
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1 MPa

0.4

S
e
c
o

n
d

a
ry

 p
re

s
s
u

re

0.2

0.1

0.3

0.5

0.6

0.7

0.5

1000500

Flow rate

1500 2000
0

0.1

0.3

30002500

pressure

Primary 

0.7

Nl/min

M
P

a

MPa
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±10%

(with adapter)

VOLTAGE

AC220V(50/60)Hz
AC110V(50/60)Hz

DC24V

Blank: DIN connector
L: DIN connector with LED indicator
E: Explosion protection (Table 1)

(E type use black coil)

MVSN-300
NAMUR SOLENOID VALVE

Dimensions
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MVSN-300
NAMUR SOLENOID VALVE

4: 4 way(5 port)



235 mm 230 mm

Order example of valve

50 msResponse time

Available voltage range

Power consumption

Voltage

±10%

F class

AC=6/4.9VA, DC=2.5W

Proof pressure

Effective orifice

Medium

No. of port

No. of position

Model

8A

Air

2 3

G1/4

5

BODY WIDTH

MODEL

C: Closed center
P: Pressure center
R: Exhaust center

E1: Single Solenoid
E2: Double Solenoid

4 way

Weight 507 g422 g 764 g

※ Port thread Rc. NPT. are also available.

Blank: DIN connector
L: DIN connector with LED indicator
E: Explosion protection (Table 1)
W: Lead wire

AC110V, 220V (50/60)Hz, DC24V

Ambient temperature －5~＋50℃ (No freezing)

Port size

Operating pressure range

Insulation class

Bore No.

VOLTAGE

AC220V(50/60)Hz
AC110V(50/60)Hz

DC24V

Table 1

Property for explosion-proof type 
Anti-explosion class EEx m II T4

AC=4.4VA  DC=5W

Voltage

Power consumption

Available voltage range

Insulation class

AC110V. 220V.(50/60)Hz. DC24V.

F  class

(Only for 4E2 type)

MVSN — 300 — 4E2C — AC110 — L

Specification

series

4E1 4E2 4E2C.P.R.

Order example of adapter

MVSN — 300 — A

ADAPTER
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(E, W type use black coil)
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 Solenoid valve without plate: 5/2 single acting

 Solenoid valve with plate: 3/2 single acting

 Silencer on the OPPOSITE side of the solenoid: NC

 Silencer on the SAME side of the solenoid: NO

MVSN-300
NAMUR SOLENOID VALVE

MVSP 
SOLENOID VALVE

series

Quick plug design, easier to 

wiring by socket.

Coil Features

MVSP-150/156/180/188/220 series

Bridge rectifier design：
Converting AC voltage to DC, 
it can eliminate operating noise.

Indicator (LED)：
indicating coil operating condition. 

Cooper wire insulation class：

H class/180℃.

Manual override design, 

easier to test.

70%
OFF
Power

Low power consumption：
DC power  0.95W, It can save 
over 70% power consumption 
compared with other brand (3W).

Coil insulation class：

F class/155℃.Low ambient temperature as operating.

Low current consumption：
It can extend lifetime of driver 
(PLC、Relay…).

DISK seal and U-packing (HNBR)：

High wear resistance, wide working temperature, 

excellent sealability, lifetime 50 million cycles.

Quick response time (20~30ms).

[ Low power output PLC ] can drive solenoid valve directly. 

 Low  Power  Consumption  Low  Power  Consumption  Low  Power  Consumption 

Features
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