
Model MWA: Forged brass body ,normally close, for air. water.light oil.gas etc.
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Model MWS: Forged brass body ,normally close, for steam. high temp.fluids etc.

Model MWH: Forged brass body ,normally close, for heavy oil. high viscosity fluids (Max. 120 cst) etc.
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Specification

MWA / MWH / MWS
2/2 WAY N.C. PISTON TYPE SOLENOID VALVE
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Model MWD: Forged brass body,  N.C., O.P.D. 0.2 bar, for water. air. gas.
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Model MWK: 
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IP65 waterproof coil.

Continuous cycle, 100% ED.

Ex coil is EExmⅡT4 PTB approval.
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Dimensions

N.W.(Kg)

MWD / MWK

10/15 20 25 32 40 45 50Code
Dimension (mm)

Model

Order example

MWD－15－J－M－5－G－□－AC110

10: 3/8
15: 1/2
20: 3/4
25: 1
32: 1-1/4
40: 1-1/2
45: 1-1/2
50: 2

N: NBR
J: EPDM
V: VITON

MWD
MWK

AC220V(50/60)Hz
AC110V(50/60)Hz

DC24V

 
4, 5, 3E

(※) 

□: Screwed□: DIN
O: None
D: LED
G: 1/2" NPT

MODEL CODE

COIL
SEAL 
MAT'L

PLUG  VOLTAGE

※ Explosion-Proof (3E) coil with LED (D) plug is not applicable.

MANUAL

□: Without
M: With

CONN.
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Working press. (0~  bar)

Forged brass body, N.C., O.P.D. 0 bar, for water. air. gas. light oil. vacuum.  

MWD / MWK   
2/2 WAY N.C. DIAPHRAGM TYPE SOLENOID VALVE
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