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AC110V AC220V1. Pipes must be washed neat and clean before fitted.

2. A Y-strainer has to installed in the front of solenoid valve, that is best for long life. 

3. Before installation, be sure what type of fluid, voltage, pressure and fluid temperature used.  

Prohibition vertical 
operation

1.

2.

3.

Quick reference chart normally closed & normally open

The spot indicated on the effective area present the more the better, ●●●the best,●● better, good.
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Remark Wire color of outlet coil

Color

Voltage Other

Blue Red Blue ＋ Red

Standard voltage: AC 110V/220V (50/60Hz).

Caution

High pressure side
Hand valve

Hand valve

Pressure gauge

Filter

Solenoid valve Hand valve
Pressure gauge

Check valve

Low pressure side

Preparation piping

Pressure reducing valve

Detailed description of diagram

MU*   series
SOLENOID VALVE (PIPELINE TYPE)

MZT  series
3/2 WAY N.C. PLUNGER TYPE DIRECT ACTING SOLENOID VALVE

1
3/2 Function 1

2 3

1
3/2 Function 2

2 3

IP65 100% ED coil.

PTB approval EExmIIT4 coil.

Specification
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AC / DC

1.6

2.0
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Model MZT: Forged brass body, 3/2 way N.C., for water,  air, steam, gas, light oil.  

Fig

no.
mm

Coil 4 Coil 5 Coil 3E 
Cv

-210

03(1/8)

06(1/4)

10(3/8)

15(1/2)

2.8

10

7

5

13

10

7

10

7

MZT－06－2－N－C－□－□－AC110

N: NBR
V: VITON
Z: FFKM

4: Standard
5: Bigger
3E: Explosion-
       Proof (※)

Order example

MODEL PLUGCOIL VOLTAGE

AC220V(50/60)Hz
AC110V(50/60)Hz
DC24V

SEAL MAT'L

EXHAUST ACCESSORY

Code
(PIPE)

G

Seal 
mat'l

Coil

Body Top

Orifice
Max. O.P.D.  bar (Min. 0 bar)

VAC.
torr

Function

Specification

□: DIN
D: LED
G: 1/2" NPT
O: None

※ Explosion-Proof (3E) coil with
     LED (D) plug is not applicable.

1
9

9
.6

1
0

Exhaust accessories

03: 1/8"
06: 1/4"
10: 3/8"
15: 1/2"

CODE

FIG.
1, 2, 3,
4, 5, 6

Dust-proof &
silencer cap

Without

PS female

1/8"PS male

U

F

C

P

Dimensions

MZT
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370 360 450 430
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L

N.W.(g)

M4×0.7M3×0.5

68

80.5

9.5

19

66

 74.5

8

16

Coil 4 

Coil 5 

Coil 3E 

41 51.5

G1/8 G1/4 G3/8 G1/2

Model                                

Code
Dimension (mm)

W

32

36

32

Coil 4 

Coil 5 

Coil 3E 

4 5 3E

AC(VA)

DC(W)

19.5

15

23

18.5

  9.2
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Coil
power

Power consumption
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W M8×0.75

-5
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Temp.℃

N V Z 

-10 ~ 145

-20

160

～

-10

145

～

Coil 4

Coil 5

Coil 3E

Seal 
mat'l
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